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Straight 
Ejector Pins

STRAIGHT EJECTOR PINS
－PACKAGE PRODUCTS－

PACK Type R Q Head thickness T T T P

50PACK
(50)

100PACK
(100)

EPH SKH51  
equivalent

58～60HRC
4mm(T4)     0

－0.02

    0
－0.005

EPHE

－0.01
－0.02

EPN SKD61  
equivalent

＋
Nitriding

Surface 900HV～
Base material 
40～45HRCEPJ 6・8mm(JIS)     0

－0.05

EPD SKD61 
equivalent 50～55HRC 4mm(T4)     0

－0.02

Range of guaranteed base material hardness (Details X P.1303)
Range of guaranteed surface hardness for nitriding (Details X P.1303)

■SKH51 equivalent(58～60HRC)

H T
Part Number   L

Selection
50 PACK PRICE 100 PACK PRICE

PACK Type P L100 L150 L200 L100 L150 L200

3

4
50 PACK

100 PACK
EPH

EPHE

1 100 150 200       

1.5 100 150 200       

4 2 100 150 200       

5 2.5 100 150 200       

6 3 100 150 200       

7 4 100 150 200       

■SKD61 equivalent＋Nitriding (Base material 40～45HRC, Surface 900HV～)    4mm head

H T
Part Number   L

Selection
50 PACK PRICE 100 PACK PRICE

PACK Type P L100 L150 L200 L300 L100 L150 L200 L300
3

4
50 PACK
100 PACK EPN

1.5 100 150 200         
4 2 100 150 200         
6 3 100 150 200         
7 4 100 150 200         
8 5 100 150 200         
9 6 150 200 300         

■SKD61 equivalent＋Nitriding (Base material 40～45HRC, Surface 900HV～)    JIS head

H T 
Part Number   L

Selection
50 PACK PRICE 100 PACK PRICE

PACK Type P L150 L200 L250 L300 L150 L200 L250 L300
8

6 50 PACK
100 PACK EPJ

4 150 200 250 300         
9 5 150 200 250 300         
10 6 150 200 250 300         
13 8 8 150 200 250 300         

■SKD61 equivalent(50～55HRC)

H T
Part Number   L

Selection
50 PACK PRICE 100 PACK PRICE

PACK Type P L100 L150 L200 L100 L150 L200
4

4
50 PACK
100 PACK EPD

2 100 150 200       
6 3 100 150 200       
7 4 100 150 200       

Part Number   
－ L

PACK Type P
(50) 50 PACK－EPH 3 － 100
(100) 100 PACK－EPHE 3 － 100

P

＋0.1
＋5

T

   
0
－

0.
3

H

R≦0.5（P≦2    R≦0.3）

L

x1 b1(Range of guaranteed shaft diameter precision)

Range of guaranteed shaft diameter precision (Details X P.1301)
x1 max.35 for EPJ and max.30 for other than EPJ

QuotationQuotation

QuotationQuotation

QuotationQuotation

QuotationQuotation

QuotationQuotation


